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Staying InSync With Technology.

Extreme cleanliness for
HACCP compliance

Emerson Power Transmission’s Morse® RAIDER® gear
reducers are designed to keep the Food Industry InSync® with
ultimate cleanliness and protection from corrosion and bacterial
growth. The combines
cleanliness and durability to withstand the toughest washdown
environments. It's just one of many HACCP Friendly™ products
in stock at Applied Industrial Technologies. Q)

Applications:

eLinear Conveyors
ePackaging Equipment

*Processing Equipment

ePalletizers

o

General Food Processing

Bakery and Snack Food

Vegetable and Fruit

Meat and Poultry

Dairy
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» Features and Benefits:

0O Premium 316 stainless steel housing improves resistance to
pitting caused by bleach washdown

O Stainless steel hollow and solid output shafts, hardware
and accessories offer ultimate corrosion protection

0 C-face non-metallic quill liner eliminates fretting which
allows for easier motor removal

0 Bearing supported quill input increases seal life through the
elimination of shaft wobble

0 Dual encapsulated input seals and excluder output seals keep
contaminants out and lubrication in

0 Stainless steel normally closed breather keeps the unit
running cooler

0 USDA/FDA food grade oil provides lubrication compliance

0 Bushing kit allows hollow output shaft to adapt to multiple
shaft sizes
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Applied and Emerson Power Transmission
Providing the Food Industry with highly cleanable, corrosion resistant products and solutions!

The Morse® Stainless Steel RAIDER®

Available in:

e Center distances — 1.75, 2.06 and 2.62

e Standard ratios — 5, 10, 15, 20, 25, 30, 40, 50 and 60:1 ar:e®
e Input — C-face quill style

e QOutput — Hollow and solid shaft

Stainless Steel Accessories’
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Torque arm kit Adjustable torque arm kit Bushings Solid base kit

tAccessories sold separately

Part number configuration:

$S$S175Q
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Stainless Steel | | Center Distance | | Type of Input | | Output Shaft Arrangement | | Ratio |

SS 175 Q H 5

b=1.75" Q= C-face quill H=Hollow Output 5

206=2.06" LR=Left and Right Output 10

262=2.62" L=Left Output 15

R=Right Output 20
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Contact Your Local Applied Service Center

1-877-279-2799 v APPLIED

Industrial Technologies®

WARNING: Injury, death, property damage,
and/or equipment failure may result from misuse
or misapplication of the products featured in this .
publication. The information in this publication is Cleveland, Ohio 44115
provided “AS I5,” WITHOUT WARRANTY OF THE Toll Free Phone: 1-877-279-2799
INFORMATION'S ACCURACY OR THE PRODUCTS' www_AppIied_com
SUITABILITY FOR ANY PARTICULAR USE.
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